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A
Product

Type
Plastic
Technology
Magnetic
Measuring range
23m
47 m
Measuring wire fixation
Ring
Measuring wire diameter
0.90 mm
Connection
Cable radial, 2 m
Flange socket radial, M12, 5-pin, male contacts, CCW
Voltage supply / output
8...36 VDC, CANopen (DS 406)
8..36 VDC, CANopen (DS 406) redundant (2-channel design)
Resolution supplement
No option
Operating temperature
-40...+85 °C
Option inclinometer
1-dimensional / 0...360°
No option
Option terminating resistor
With integrated terminating resistor
No option
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