
Lentilles / diaphragmes / verres

ZLENS-FBR.M4_10MM_0.7MM
Focusing lens for diffuse fiber optics with coaxial fiber layout

Numéro d'article: 11708556

Vue d'ensemble

■ To be screwed onto fiber optics head with M4 thread
■ Light spot ø 0.7 mm at 10 mm focal distance
■ Scope of delivery 1 piece

Image similaire
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